
Technical data sheet
Clamp, FT

Item number: 1124679

Connection element for two-sided fastening of profile rails to steel girders. 
Fastening is possible independently of the arrangement of the rail opening. The 
rail length should be at least the width of the steel beam + 2 x 70 mm.
Always use in pairs for mounting. Can be used with profile rails MS4022, 
MS4141, MS4142, MS4124.

Steel

Hot-dip galvanised

Master data
Item number
Type
Description 1
Manufacturer
Material
Surface
Surface standard
Smallest sales unit
Unit of quantity
Weight
Weight unit
CO2 Footprint (GWP) Cradle-to-
Gate

1124679
SB MS 41 M8 FT
Clamp
OBO
Steel
Hot-dip galvanised
DIN EN ISO 1461
20
Piece
32.3 kg
kg/100 pc.
0,7202 kg CO2e / 1 Piece
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Dimensions
Length
Width
Height

118 mm
80 mm
74 mm

Technical data
Breaking load
Flange thickness F max.
Max. Tightening torque
ROHS-conformant

3.5 kN
16 mm
10 Nm
yes
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