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Device Trunking | External External External Flat Flat Flat Internal Internal T piece End piece | Partition | Trunking | Coupling
installation| cover, corner corner corner angle angle angle corner corner clamp

trunking® | smooth cover, cover, cover cover, cover,

variable smooth smooth variable
GK70110 70 6274300 | 6278680 | 6274210 | 6274310 (6274790 | 6274220 6274320 (6274490 | 6274240 |6274340 | 6274360 (6274370 | 6274900 | 6288 64 0| 6274 65 0
Trunking height 70 mm,2 E§ 6274301 | 6278681 |6274211 | 6274311 (6274791 | 6274221 6274321 |6274491 | 6274241 |6274341 | 6274361 (6274371 | 6274900 | 6288 64 0| 6274 65 0
trunking width 110 mm 6274302 | 6278682 | 6274212 (6274312 |6274792 | 6274222 (6274322 | 6274492 | 6274282 (6274342 | 6274362 |6274 372 |6274900 | 6288 64 0| 6274 650
627490 0 | 6288 64 0| 6274 65 0
GK70130 70 6274500 | 6278680 | 6274410 6274510 |6274790 | 6274420 | 6274520 | 6274490 | 6274440 | 6274540 | 6274560 | 627457 0 | 627490 0 | 6288 64 0| 6274 65 0
Trunking height 70 mm,3 _I§ 6274501 (6278681 |6274411 |6274511 6274791 | 6274421 6274521 | 6274491 | 6274441 |6274541 |627456 1 | 627457 1 | 6274900 | 6288 64 0| 6274 65 0
trunking width 130 mm | 6274502 | 6278682 | 6274412 | 6274512 (6274792 | 6274422 | 6274522 (6274492 | 6274442 |6274542 | 627456 2 | 627457 2 | 6274900 | 6288 64 0| 6274 65 0
6274506 |6278686 |- |e27asie 6z7a7oe |- |ezrasee [6zvasse |- |e27asas 627566 6274576 6274900 6288640 6274650
GK70170 % 6274700 | 6278680 | 6274610 6274710 6274790 | 6274620 | 6274720 | 6274490 | 6274640 |6274740 6274760 | 6274770 | 6274900 | 6288 64 0| 6274 65 0
Trunking height 70 mm, e o 6274701 (6278681 6274611 6274711 6274791 6274621 6274721 6274491 6274641 6274741 (6274761 6274771 6274900 | 6288 64 0| 6274 65 0
trunking width 170 mm ~ " 16274702 | 6278682 | 6274612 (6274712 |6274792 | 6274622 | 6274722 6274492 |6274642 6274742 | 6274762 627477 2 | 6274 90 0 | 6288 64 0| 6274 65 0
| [ozmame |omaose |- leawarie learavos|-  |eevarze [eevasss |- lezravas szraves [ezma7re 6214500 6268640 627650

Colours: D Pure white D Cream D Light grey .Slone grey

* One coupling pair is mounted on one side for each trunking length | You can find our p! 1sive overall sy

in our cable routing systems catalogue.
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Device installation overview

Modul 45 socket | Modul 45 socket | Modul 45 socket | Modul 45 socket | Modul 45 socket | Modul 45 socket | Modul 45 socket | Modul 45 socket | Modul 45 socket | Modul 45 socket | Modul 45 socket | Modul 45 socket | Surge protection | CEE device in-
unit without unit without unit without unit without unit without unit without unit with labelling | unit with labelling | unit with labelling | unit with labelling | unit with labelling | unit with labelling | module stallation socket
labelling panel labelling panel labelling panel labelling panel labelling panel labelling panel panel panel panel panel panel panel
Type SDE-RW DORW1 [SDE-RW DORT1 |SDE-RW DORW2 [SDE-RW DORT2 |SDE-RW DORW3 |SDE-RW DORT3 |SDE-RW DORW1B|SDE-RW DORT1B |SDE-RW DORW2B|SDE-RW DORT2B | SDE-RW DORW3B|SDE-RW DORT3B |USM-A 71GDCEE16
Version Single Single Double Double Triple Triple Single Single Double Double Triple Triple 16 A
Colour Pure white Signal red Pure white Signal red Pure white Signal red Pure white Signal red Pure white Signal red Pure white Signal red Signal red
Iltem no. 6119401 6119403 6119407 6119409 6119414 6119413 6119421 6119423 6119427 6119429 6119433 6119435 5092 451 611948 3
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Modul 45 Modul 45 Modul 45 Modul 45 socket | Modul 45 socket | Modul 45 socket | Modul 45 socket | Modul 45 socket | Modul 45 socket | Modul 45 Modul 45 Modul 45 Modul 45 roller Modul 45 roller
Device installation| Device installation| Device installation| 0°, protective 0°, protective 0°, protective 0°, protective 0°, protective 0°, protective changeover changeover changeover shutter shutter
socket socket socket contact contact contact contact contact contact switch switch switch switch switch
Type 71GD8-2 71GD13 71GD9-2 STD-DO RW1 STD-D0 SRO1 STD-DO RW2 STD-D0 SRO2 STD-DO RW3 STD-D0 SRO3 WS-UB RW1 WS-UB RW0.5 TA-WB RW1 RS-BS RW1 RT-BS RW1
Version Single Double Triple Single Single Double Double Triple Triple 1 module 1/2 module 1 module 1 module 1 module
Colour Iron grey Iron grey Iron grey Pure white Signal red Pure white Signal red Pure white Signal red Pure white Pure white Pure white Pure white Pure white
Item no. 6288 56 9 6288 58 3 6288 57 9 6120008 6120 014 612002 2 6120028 612004 2 612004 8 612093 2 612092 0 612096 6 6120 95 0 612098 0
Modul 45 Modul 45 Modul 45 Modul 45 Modul 45 Data connection Modul 45 Modul 45 Modul 45 Modul 45 Modul 45 Modul 45
mounting mounting mounting dat technology data technology | module RJ45, cover frame cover frame with | cover frame cover frame with | cover frame cover frame with
support support support support type RM | support type RM | Cat. 6 without labelling | labelling panel without labelling | labelling panel without labelling | labelling panel
panel panel panel
Type 71MT1 45 71MT2 45 71MT3 45 DTG-2RM RW1 DTS-2RM RW1 ASM-C6 G AR45-F1 RW AR45-BF1 RW AR45-F2 RW AR45-BF2 RW AR45-F3 RW AR45-BF3 RW
Version Single Double Triple Straight outlet Slanting outlet Cat. 6 Single Single Double Double Triple Triple
Colour Iron grey Iron grey Iron grey Pure white Pure white Pure white Pure white Pure white Pure white Pure white Pure white
Item no. 6288 57 2 6288 57 6 6288 57 4 611929 2 6119298 6117329 6119322 6119332 6119342 6119352 6119372 6119382
You can find additional data technology supports
i ) for the makes Leoni Kerpen, Telegértner, AMP
g -f'" = i = = =] TYCO, Brand-Rex, Nexans, BTR, Datwyler, Corning,
e ' : R&M, Rutenbeck and Avaya in the chapter on
device installation of our cable routing systems
Standard Standard Standard Standard Antenna socket, | Audio cinch con- VGA connection, | HDMI connection, | USB 3.0 connec- USB charger, 1 catalogue
device installation | device installation | mounting cover frame 1 module, TV /| nection, 1 module, | 1 module, slo- 1 module, sloping | tion, 1 module, module, 2 USB gue.
socket 2 socket 2 support radio / SAT slanting outlet ping outlet with | outlet with slanting outlet, with | sockets, max. 2.1 A
Data technology single socket as 1:1 coupling connection cable | connection cable | connection cable charging current You can find our comprehensive overall system
Type 71GD6 71GD7 71MTD ARS50-F1 RW ANT-3E RW1 MTS-2R FRW1 |MTS-VGA F RW1 |MTS-HD FRW1 |1 module, outlet | MTG-2Uc2.1 Rw1 | in our device systems and cable routing systems
Version Single Double Single Single catalogues.
Colour Iron grey Iron grey Iron grey Pure white Pure white Pure white Pure white Pure white Pure white Pure white
Item no. 6288 61 0 6288 61 1 6288 57 7 6119392 6105 28 2 610507 8 6104 67 0 6104838 6104934 610530 0 www.obo-bettermann.com BETTERMANN




